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325 Bronze/Brass Service Saddle 
Wide stainless strap

Xylem's Smith-Blair 325 Bronze/Brass Service Saddle was 
designed with PVC pipe applications in mind, with O.D.-specific 
bodies that deliver maximum support and reinforcement of nearly 
360° around the pipe. The same strap covers steel, cast iron, and 
ductile iron O.D.'s, so one saddle adapts to the real-world mix of 
pipe types field crews encounter.

The 325 was engineered with operators and utility professionals 
in mind and provides:
 
• Leak prevention 
A 360° gasket seal and bronze-to-pipe fit that resists seepage at 
the tap. 

• System reliability 
Corrosion-resistant bronze body and stainless hardware 
engineered for long service life underground.

•  Reduced downtime  
One saddle covers PVC, Ductile Iron, Cast Iron, and Steel, so crews 
spend less time sourcing and swapping fittings.

• Regulatory compliance  
Certified to NSF/ANSI 61 and meets applicable portions of AWWA 
C800

Key features:
•	 Buna-N Gasket per ASTM D2000
•	 Meets applicable AWWA C800 standards
•	 Available with 3/4" thru 2" NPT and CC outlets
•	 Body made of cast red brass for corrosion resistance
•	 Designed with PVC pipe applications in mind.  

O.D. specific bodies are available
•	 Maximum support and reinforcement on PVC pipe (nearly 360º)
•	 Strap will provide a range that covers steel and ductile iron O.D.’s 

on rigid pipe
•	 Strap is single 3.5" wide, 304 stainless steel, four studs for wide 

stance on the pipe

Description: 
Bronze service saddle with stainless steel strap 

Materials specifications (subject to change):
Body: 85-5-5-5 cast red brass per ASTM B584  
           or B62 
Gasket: NSF-61 approved Buna-N 
Temperature Range: -20° to 180° 
Straps: 18-8 Type 304 stainless steel 
Nuts/Washers: 18-8 Type 304 premium grade 
stainless nuts, coated to prevent galling

Working pressure: 
Up to 150 PSI

Pipe applications: 
PVC, ductile iron, cast iron and steel

Sizes (in inches): 
4, 6, 8, 10, 12



¾" and 1"  NPT and CC Taps For rigid pipe applications

Nom  
size  

inches
O.D. range  

inches
Ctn. 
qty

Catalog number Wt. 
each 
lbs3/4" NPT 3/4" CC 1" NPT 1" CC

4 4.50 - 4.80 4 325-048006-100 325-048007-100 325-048008-100 325-048009-100 6.3

6 6.63 - 6.90 4 325-069006-100 325-069007-100 325-069008-100 325-069009-100 7.3

8 8.63 - 9.05 4 325-090506-100 325-090507-100 325-090508-100 325-090509-100 7.9

10 10.75 - 11.10 4 325-111006-100 325-111007-100 325-111008-100 325-111009-100 9.3

12 12.75 - 13.20 2 325-132006-100 325-132007-100 325-132008-100 325-132009-100 10.3

¾" and 1" NPT and CC Taps For PVC pipe applications

Nom  
size  

inches
O.D. range  

inches
Ctn. 
qty

Catalog number Wt. 
each 
lbs3/4" NPT 3/4" CC 1" NPT 1" CC

4
4.50 4 325-045006-000 325-045007-000 325-045008-000 325-045009-000 6.3

4.80 4 325-048006-000 325-048007-000 325-048008-000 325-048009-000 6.3

6
6.63 4 325-066306-000 325-066307-000 325-066308-000 325-066309-000 7.3

6.90 4 325-069006-000 325-069007-000 325-069008-000 325-069009-000 7.3

8
8.63 4 325-086306-000 325-086307-000 325-086308-000 325-086309-000 7.9

9.05 4 325-090506-000 325-090507-000 325-090508-000 325-090509-000 7.9

10
10.75 4 325-107506-000 325-107507-000 325-107508-000 325-107509-000 9.3

11.10 4 325-111006-000 325-111007-000 325-111008-000 325-111009-000 9.3

12
12.75 2 325-127506-000 325-127507-000 325-127508-000 325-127509-000 10.3

13.20 2 325-132006-000 325-132007-000 325-132008-000 325-132009-000 10.3

1¼" – 2" NPT and CC Taps For PVC pipe applications

Nom  
size  

inches
O.D. range  

inches
Ctn. 
qty

Catalog number Wt. 
each 
lbs1 1/4" NPT 1 1/4" CC 1 1/2" NPT 1 1/2" CC 2" NPT 2" CC

4 4.50 4 325-045010-000 325-045011-000 325-045012-000 325-045013-000 325-045014-000 325-045015-000 7.5

4 4.80 4 325-048010-000 325-048011-000 325-048012-000 325-048013-000 325-048014-000 325-048015-000 7.5

6 6.63 4 325-066310-000 325-066311-000 325-066312-000 325-066313-000 325-066314-000 325-066315-000 7.9

6 6.90 4 325-069010-000 325-069011-000 325-069012-000 325-069013-000 325-069014-000 325-069015-000 7.9

8 8.63 4 325-086310-000 325-086311-000 325-086312-000 325-086313-000 325-086314-000 325-086315-000 9.1

8 9.05 4 325-090510-000 325-090511-000 325-090512-000 325-090513-000 325-090514-000 325-090515-000 9.1

10 10.75 4 325-107510-000 325-107511-000 325-107512-000 325-107513-000 325-107514-000 325-107515-000 10.3

10 11.10 4 325-111010-000 325-111011-000 325-111012-000 325-111013-000 325-111014-000 325-111015-000 10.3

12 12.75 2 325-127510-000 325-127511-000 325-127512-000 325-127513-000 325-127514-000 325-127515-000 11.5

12 13.20 2 325-132010-000 325-132011-000 325-132012-000 325-132013-000 325-132014-000 325-132015-000 11.5

*Fabricated straps, epoxy coated carbon steel. ½ inch I.P.  
Taps can be accommodated by inserting a bushing in the ¾ inch taps. 

325 Bronze/Brass Service Saddle 
Wide stainless strap
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Smith-Blair, Xylem
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Toll Free: 800.643.9705
Phone: 870.773.5127

After Hours Number: 903.277.9398
xylem.com/smith-blair

For more information on the 325 Service Saddle scan the QR code, 
contact your Xylem's Smith-Blair products representative, 

or visit xylem.com/servicesaddles.

1¼" – 2" NPT and CC Taps SS Straps For PVC pipe applications

Nom  
size  

inches
O.D. range  

inches
Ctn. 
qty

Catalog number Wt. 
each 
lbs1 1/4" NPT 1 1/4" CC 1 1/2" NPT 1 1/2" CC 2" NPT 2" CC

4 4.50 - 4.80 4 325-048010-100 325-048011-100 325-048012-100 325-048013-100 325-048014-100 325-048015-100 7.5

6 6.63 - 6.90 4 325-069010-100 325-069011-100 325-069012-100 325-069013-100 325-069014-100 325-069015-100 7.9

8 8.63 - 9.05 4 325-090510-100 325-090511-100 325-090512-100 325-090513-100 325-090514-100 325-090515-100 9.1

10 10.75 - 
11.10 4 325-111010-100 325-111011-100 325-111012-100 325-111013-100 325-111014-100 325-111015-100 10.3

12 12.75 - 
13.20 2 325-132010-100 325-132011-100 325-132012-100 325-132013-100 325-132014-100 325-132015-100 11.5

*Fabricated straps, epoxy coated carbon steel. ½ inch I.P.  
Taps can be accommodated by inserting a bushing in the ¾ inch taps. 

325 Bronze/Brass Service Saddle 
Wide stainless strap


