
Description:
Two bolt, stab fit coupling featuring removable/replaceable inner 
gaskets to expand range of product and reduce number of SKUs  
that must be stocked. Standard length sleeve 421, and long sleeve 
version 422.

Application: Joining and Repairing 
Join plain-end pipe in a wide range of pipe diameters

Sizes (in inches): 2" thru 24"

Pipe applications: Steel, Cast Iron, Asbestos Cement, PVC, Ductile 
Iron, Other

Key features:
•	 Easy to install — one bolt on each end to tighten
•	 Removable inner gasket for larger O.D.s
•	 Bi-directional inner gasket can be reinstalled
•	 Corrugated armor — reduces friction between gasket and armor, 

thus allowing better gasket seating; prevents armor from gouging 
flange finish, thus reducing possible corrosion point

•	 Wide range — up to 1.31 inches
•	 Reduces inventory by having wide range
•	 Deflection 4° per end
•	 Lightweight
•	 Stab insertion of pipe ends
•	 Epoxy coated 304 stainless steel hardware  

and fluoropolymer coated nuts to reduce galling
•	 Anode connectors available for additional corrosion protection
•	 Easily disassembled when necessary

421/422

421/422 Top Bolt® Wide Range Coupling
2 bolt coupling system
PATENT NO. 8,528,945 / 8,776,351 / 8,789,832

Materials specifications (subject to change):
Sleeve: Carbon steeI 
Flanges: Carbon steeI 
Armour: Half hard 304 stainless steel 
Gasket: Nitrile (Buna N) 
Bolts: Type 304 stainless steel with  
Flexi-Coat® Fusion Bonded Epoxy Finish 
Nuts: Heavy hex type 304 stainless steel with 
fluoropolymer finish to prevent galling
Finish: Flexi-Coat® Fusion Bonded Epoxy 
Finish

Working pressure: 
2"-16", 18", 20" 260 PSI
16" OS, 24" (DIPS), 24" OS 232 PSI
24" (IPS) 150 PSI

THIS PRODUCT DOES NOT RESTRAIN  
PIPE MOVEMENT.  
Proper anchoring is required to prevent pipe pullout. Failure to 
anchor or improper anchoring can result in dangerous pipe content 
escape, property damage, serious injury, or death. Read the product 
installation instructions prior to installing this product.
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Top Bolt®

2 bolt coupling system 
PATENT NO. 8,528,945 / 8,776,351 / 8,789,832

421/422

Double Acting Bolts
Top Bolts size 6" and larger employ Smith-Blair's patented double acting bolt technology that only requires a standard 
depth socket. The bolt has opposing threads (left-hand on one end, right-hand on the other). One turn pulls both 
clamping brackets together simultaneously. When you pair this with a specially formulated anti-gall coating, your effort 
and energy are reduced.

Double Acting Bolts



Top Bolt®

2 bolt coupling system 
PATENT NO. 8,528,945 / 8,776,351 / 8,789,832

421

421 Standard coupling
Nom. 
size  
in.

Catalog no. Overall range 
(in.)

Lower range 
(in.)

Upper range 
(in.)

Width 
(in.)

Height 
(in.)

Sleeve  
Length

Laying 
Length

Max 
gap 
(in.)

Approx.  
wt. lbs.

2 421-02130295-031 2.13-2.95 2.13-2.60 2.50-2.95 5.38 7.25 4 7.50 1 9
3 421-03100420-031 3.10-4.20 3.10-3.56 3.70-4.20 6.88 8.38 6 9.50 2 12 
4 421-04460560-031 4.46-5.60 4.46-5.05 5.00-5.60 8.75 10.00 6 9.75 2 19 
6 421-06560760-031 6.56-7.60 6.56-7.05 7.00-7.60 10.88 12.13 8 11.75 4 27 
8 421-08540985-031 8.54-9.85 8.54-9.15 9.15-9.85 13.13 14.38 8 11.75 4 34 

10 421-10641183-031 10.64-11.83 10.64-11.18 11.13-11.83 15.50 16.50 8 11.75 4 40 

10 OS* 421-10641220-031 10.64-12.20
10" Side:  

10.64-11.18
10" Side:  

11.13-11.83 16.13 17.25 8 11.75 4 4210" OS Side: 
11.05-11.56

10" OS Side: 
11.56-12.20

12 421-12621367-031 12.62-13.67 12.62-13.06 13.10-13.67 17.63 18.75 8 11.75 4 47 

12 OS* 421-12621440-031 12.62-14.40 

12" Side: 
12.62-13.06

12" Side: 
13.10-13.67

18.50 19.38 8 11.75 4 49 12" OS Side: 
13.14-13.78

12" OS Side: 
13.73-14.40

14 421-15001688-031 15.00-16.88 15.00-15.94 15.94-16.88 22.00 24.00 8.50 12.63 4 65
16 421-16001785-031 16.00-17.85 16.00-16.50 17.35-17.85 22.00 24.00 8.50 12.63 4 80 

16 OS* 421-16001920-031 16.00-19.20 
16" Side: 

16.00-16.50
16" Side: 

17.35-17.85 23.50 25.50 8.50 12.63 4 88 16" OS Side: 
17.15-17.95

16" OS Side: 
18.45-19.20

18 421-19202130-031 19.20-21.30 19.20-20.25 20.25-21.30 25.00 27.00 8.50 12.63 4 94
20 421-21252335-031 21.25-23.35 21.25-22.30 22.30-23.38 27.00 28.75 8.50 12.63 4 120
24 421-24002632-031 24.00-26.32 24.00-24.80 25.25-26.32 30.31 33.00 8.50 12.63 4 120 

24 OS* 421-24002732-031 24.00-27.32

24" Side:
24.00-24.80

24" Side:
24.25-25.32

31.31 34.00 8.50 12.63 4 126
24" OS Side:
25.00-25.80

24" OS Side:
26.25-27.32



422 Long sleeve coupling
Nom. 
size  
in.

Catalog no.
Overall 
range 
(in.)

Lower range 
(in.)

Upper range 
(in.)

Width 
(in.)

Height 
(in.)

Sleeve  
Length

Laying 
Length

Max gap 
(in.)

Approx.  
wt. lbs.

2 421-02130295-031 2.13-2.95 2.13-2.60 2.50-2.95 5.38 7.25 8 12.00 4 11
3 421-03100420-031 3.10-4.20 3.10-3.56 3.70-4.20 6.88 8.38 12 16.00 8 16
4 421-04460560-031 4.46-5.60 4.46-5.05 5.00-5.60 8.75 10.00 12 16.00 8 26
6 421-06560760-031 6.56-7.60 6.56-7.05 7.00-7.60 10.88 12.13 16 21.00 12 39
8 421-08540985-031 8.54-9.85 8.54-9.15 9.15-9.85 13.13 14.38 16 21.00 12 49 

10 421-10641183-031 10.64-11.83 10.64-11.18 11.13-11.83 15.50 16.50 16 21.00 12 58
12 421-12621367-031 12.62-13.67 12.62-13.06 13.10-13.67 17.63 18.75 16 21.00 12 67
16 422-16001785-031 16.00-17.85 16.00-16.50 17.35-17.85 22.00 24.00 19 23.00 13 110

16 OS 422-16001920-031 16.00-19.20
16.00-16.50
(STD End)

17.15-17.95
(OS End)

17.35-17.85
(STD End)

18.45-19.20
(OS End)

23.50 25.50 19 23 13 121

24 422-24002632-031 24.00-26.32 24.00-24.80 25.25-26.32 30.31 33.00 19 23 13 166

24 OS 422-24002732-031 24.00-27.32
24.00-24.80
(STD End)

25.00-25.80
(OS End)

25.25-26.32
(STD End)

26.25-27.32
(OS End)

31.31 34.00 19 23 13 174

Top Bolt®

2 bolt coupling system 
PATENT NO. 8,528,945 / 8,776,351 / 8,789,832
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All information presented herein is believed reliable and in accordance with accepted 
engineering practices. Xylem makes no warranties as to the completeness of this 
information. Users are responsible for evaluating individual product suitability for 
specific applications. Xylem assumes no liability whatsoever for any special, indirect or 
consequential damages arising from the sale, resale or misuse of its products. Subject to 
change without notice.

© 2026 Xylem Inc. or its affiliate. All rights reserved. Smith-Blair is a trademark of Xylem or 
one of its subsidiaries.

Smith-Blair, Xylem
30 Globe Avenue
Texarkana, AR 71854

Toll Free: 800.643.9705
Phone: 870.773.5127

Emergency Number: 903.277.9398
xylem.com/smith-blair

For more information on the 421/422 Top Bolt Couplings,  
scan the QR code, contact your Xylem's Smith-Blair products 

representative, or visit xylem.com/couplings.
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