
AG15 Refractometer Calibration Fluid
Refractive Index Temperature Relationship

Temperature (°C) 0.0 0.1 0.2 0.3 0.4 0.5 0.6 0.7 0.8 0.9
10 1.35691 1.35690 1.35688 1.35687 1.35686 1.35685 1.35684 1.35683 1.35682 1.35681
11 1.35679 1.35678 1.35677 1.35676 1.35675 1.35674 1.35673 1.35671 1.35670 1.35669
12 1.35668 1.35667 1.35666 1.35664 1.35663 1.35662 1.35661 1.35660 1.35659 1.35657
13 1.35656 1.35655 1.35654 1.35653 1.35652 1.35650 1.35649 1.35648 1.35647 1.35646
14 1.35644 1.35643 1.35642 1.35641 1.35640 1.35638 1.35637 1.35636 1.35635 1.35633
15 1.35632 1.35631 1.35630 1.35629 1.35627 1.35626 1.35625 1.35624 1.35622 1.35621
16 1.35620 1.35619 1.35617 1.35616 1.35615 1.35614 1.35612 1.35611 1.35610 1.35609
17 1.35607 1.35606 1.35605 1.35603 1.35602 1.35601 1.35600 1.35598 1.35597 1.35596
18 1.35594 1.35593 1.35592 1.35591 1.35589 1.35588 1.35587 1.35585 1.35584 1.35583
19 1.35581 1.35580 1.35579 1.35577 1.35576 1.35575 1.35573 1.35572 1.35571 1.35569
20 1.35568 1.35567 1.35565 1.35564 1.35563 1.35561 1.35560 1.35559 1.35557 1.35556
21 1.35554 1.35553 1.35552 1.35550 1.35549 1.35548 1.35546 1.35545 1.35543 1.35542
22 1.35541 1.35539 1.35538 1.35536 1.35535 1.35534 1.35532 1.35531 1.35529 1.35528
23 1.35526 1.35525 1.35524 1.35522 1.35521 1.35519 1.35518 1.35516 1.35515 1.35514
24 1.35512 1.35511 1.35509 1.35508 1.35506 1.35505 1.35503 1.35502 1.35500 1.35499
25 1.35497 1.35496 1.35494 1.35493 1.35492 1.35490 1.35489 1.35487 1.35486 1.35484
26 1.35483 1.35481 1.35480 1.35478 1.35476 1.35475 1.35473 1.35472 1.35470 1.35469
27 1.35467 1.35466 1.35464 1.35463 1.35461 1.35460 1.35458 1.35457 1.35455 1.35453
28 1.35452 1.35450 1.35449 1.35447 1.35446 1.35444 1.35442 1.35441 1.35439 1.35438
29 1.35436 1.35435 1.35433 1.35431 1.35430 1.35428 1.35426 1.35425 1.35423 1.35422
30 1.35420 1.35418 1.35417 1.35415 1.35414 1.35412 1.35410 1.35409 1.35407 1.35405
31 1.35404 1.35402 1.35400 1.35399 1.35397 1.35395 1.35394 1.35392 1.35390 1.35389
32 1.35387 1.35385 1.35384 1.35382 1.35380 1.35379 1.35377 1.35375 1.35373 1.35372
33 1.35370 1.35368 1.35367 1.35365 1.35363 1.35361 1.35360 1.35358 1.35356 1.35355
34 1.35353 1.35351 1.35349 1.35348 1.35346 1.35344 1.35342 1.35340 1.35339 1.35337
35 1.35335 1.35333 1.35332 1.35330 1.35328 1.35326 1.35324 1.35323 1.35321 1.35319
36 1.35317 1.35315 1.35314 1.35312 1.35310 1.35308 1.35306 1.35305 1.35303 1.35301
37 1.35299 1.35297 1.35295 1.35294 1.35292 1.35290 1.35288 1.35286 1.35284 1.35282
38 1.35280 1.35279 1.35277 1.35275 1.35273 1.35271 1.35269 1.35267 1.35265 1.35263
39 1.35262 1.35260 1.35258 1.35256 1.35254 1.35252 1.35250 1.35248 1.35246 1.35244
40 1.35242
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AG15 Refractometer Calibration Fluid
°Brix Temperature Relationship

Temperature (°C) 0.0 0.1 0.2 0.3 0.4 0.5 0.6 0.7 0.8 0.9
10 15.76 15.76 15.75 15.74 15.73 15.73 15.72 15.71 15.71 15.70
11 15.69 15.69 15.68 15.67 15.66 15.66 15.65 15.64 15.64 15.63
12 15.62 15.61 15.61 15.60 15.59 15.58 15.58 15.57 15.56 15.56
13 15.55 15.54 15.53 15.53 15.52 15.51 15.50 15.50 15.49 15.48
14 15.47 15.47 15.46 15.45 15.44 15.44 15.43 15.42 15.41 15.41
15 15.40 15.39 15.38 15.38 15.37 15.36 15.35 15.34 15.34 15.33
16 15.32 15.31 15.31 15.30 15.29 15.28 15.27 15.27 15.26 15.25
17 15.24 15.23 15.23 15.22 15.21 15.20 15.20 15.19 15.18 15.17
18 15.16 15.15 15.15 15.14 15.13 15.12 15.11 15.11 15.10 15.09
19 15.08 15.07 15.06 15.06 15.05 15.04 15.03 15.02 15.01 15.01
20 15.00 14.99 14.98 14.97 14.96 14.96 14.95 14.94 14.93 14.92
21 14.91 14.90 14.90 14.89 14.88 14.87 14.86 14.85 14.84 14.84
22 14.83 14.82 14.81 14.80 14.79 14.78 14.77 14.76 14.76 14.75
23 14.74 14.73 14.72 14.71 14.70 14.69 14.68 14.68 14.67 14.66
24 14.65 14.64 14.63 14.62 14.61 14.60 14.59 14.58 14.57 14.57
25 14.56 14.55 14.54 14.53 14.52 14.51 14.50 14.49 14.48 14.47
26 14.46 14.45 14.44 14.43 14.42 14.42 14.41 14.40 14.39 14.38
27 14.37 14.36 14.35 14.34 14.33 14.32 14.31 14.30 14.29 14.28
28 14.27 14.26 14.25 14.24 14.23 14.22 14.21 14.20 14.19 14.18
29 14.17 14.16 14.15 14.14 14.13 14.12 14.11 14.10 14.09 14.08
30 14.07 14.06 14.05 14.04 14.03 14.02 14.01 14.00 13.99 13.98
31 13.97 13.96 13.95 13.94 13.93 13.92 13.90 13.89 13.88 13.87
32 13.86 13.85 13.84 13.83 13.82 13.81 13.80 13.79 13.78 13.77
33 13.76 13.74 13.73 13.72 13.71 13.70 13.69 13.68 13.67 13.66
34 13.65 13.64 13.62 13.61 13.60 13.59 13.58 13.57 13.56 13.55
35 13.54 13.52 13.51 13.50 13.49 13.48 13.47 13.46 13.44 13.43
36 13.42 13.41 13.40 13.39 13.38 13.36 13.35 13.34 13.33 13.32
37 13.31 13.30 13.28 13.27 13.26 13.25 13.24 13.22 13.21 13.20
38 13.19 13.18 13.17 13.15 13.14 13.13 13.12 13.11 13.09 13.08
39 13.07 13.06 13.05 13.03 13.02 13.01 13.00 12.98 12.97 12.96
40 12.95
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